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-40 ... 60 °C
-40 ... 70 °C
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% These proximity switches shall be used with UL Listed Cable assemblies rated 30V, 0.5A min, in the field installation, or equivalent (categories: CYJV/
CYIV7 or PVVA/PVVAT)
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