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Contact person 

Responsible sales organization for Germany: 

 

 

Leuze electronic GmbH & Co. KG 
In der Braike 1 
73277 Owen/Teck 

Tel.: +49 (0) 7021 573 - 0  
Fax: +49 (0) 7021 573 - 199  
Email: info@leuze.de   
www.leuze.de  

 

Responsible sales organization for South Korea: 

 

 

Leuze electronic Co., Ltd. 
KR - 502 Pangyo woo-lim W city 
KR - 618 Smpayaeong-dong 
Bundang-gu Seongnam-si 
Gyeonggi-do  

Tel.: +82 31 382 8228  
Fax: +82 31 382 8522 
Email: info@leuze.co.kr      
www.leuze.co.kr        

Contact person Kim Won Ki 
E-Mail: WonKi.Kim@leuze.com   

 

Responsible sales organization for Russia: 

 

 

Uniprom 
Bulvar Mira POB 21 
603086 Nizhny Novgorod 
RU    

Tel.: +7 831 246 37 77     
Email: sales@uni-prom.ru     
www.uni-prom.ru 
 

Contact person  Mr. Michael Zvygan 
Email: mz@uni-prom.ru 

 

Responsible sales organization for Spain: 

 

 

Leuze electronic S.A.U. 
C/ Juan Güell, 32 
ES - 08028 Barcelona 

Tel.: +34 93 409 79 00 
Fax: +34 93 409 35 15 
Email: leuze@leuze.net 
www.leuze.es 

Technical support Mr. Juan Carlos Ruiz 
Tel.: +34 652 778 018 
EMail: Juan-Carlos.Ruiz@leuze.com  

  

 

mailto:info@leuze.de
http://www.leuze.de/
mailto:info@leuze.co.kr
http://www.leuze.co.kr/
mailto:WonKi.Kim@leuze.com
mailto:sales@uni-prom.ru
http://www.uni-prom.ru/
mailto:mz@uni-prom.ru
mailto:leuze@leuze.net
mailto:leuze@leuze.net
http://www.leuze.es/
mailto:Juan-Carlos.Ruiz@leuze.com
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Responsible sales organization for Slovakia: 

 

 
 

Schmachtl SK s.r.o. 
Valcharska 3 
SK - 82109 Bratislava 2 

Tel.: +421 2 58275600 
Fax: +421 2 58275601 
Email: office@schmachtl.sk 
www.schmachtl.sk 

Technical support Mr. Branislav Hutka  
Tel. :+421/903964074 
Email: hutka@schmachtl.sk 

 

Responsible sales organization for Africa: 

 

 

Countapulse Controls (PTY.) Ltd. 
P.O.Box 40393 
ZA - RSA-Cleveland 2022 
 

Tel.: +27 116 1575-56 
Fax: +27 116 1575-13 
Email: clive@countapulse.co.za 

Technical support Mr. Clive Robinson  
Tel.: +27 11 615 7586        
Email: clive@countapulse.co.za 

 

Responsible sales organization for India: 

 

 

Leuze electronic Pvt. Ltd 
# 2, 2nd floor, Sri Datri Niwas, 
Outer Ring Road, Opp : Manyata Softech Park, 
IN - Nagawara, Bangalore – 560092 

Tel.: +91 80 412 193 34 
Tel.: +91 80 414 971 95 
Fax: +91 12 441 216 11 
EMail: manish.sahay@leuze.in  
www.leuze.in  

Technical support Mr. Nitin Sinha 
Tel.: +918511103646 
EMail: Manish.Sahay@leuze.com  

 

Responsible sales organization for Mexico: 

 

 

Leuze electronic S.A. de C.V – Mexico 
C.P. 64030, Monterrey, N.L. 
Mexico 

Tel. +52 (81) 2721-7720 
Email: info.mx@leuze.com  
www.leuze.com.mx  

Technical support Mr. Luis Tamez  
Tel.: +52 81 47 800 831 
Email: Luis.Tamez@leuze.com  

 

 

 

mailto:office@schmachtl.sk
http://www.schmachtl.sk/
mailto:hutka@schmachtl.sk
mailto:clive@countapulse.co.za
mailto:clive@countapulse.co.za
mailto:manish.sahay@leuze.in
http://www.leuze.in/
mailto:Manish.Sahay@leuze.com
mailto:info.mx@leuze.com
http://www.leuze.com.mx/
mailto:Luis.Tamez@leuze.com
http://de.wikipedia.org/w/index.php?title=Datei:Flag_of_India.svg&filetimestamp=20100714175615
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Responsible sales organization for Brazil: 

 

 
 

Leuze electronic Ltda. 
Av. Leonardo da Vinci, 1190 
Vila Guarani 
BR - 04313-001 São Paulo – SP 

Tel.: +55 11 5180-6130 
Fax: +55 11 5181-6141 
Email: vendas@leuze.com.br 
www.leuze.com.br 

Technical support Mr. José Renato Aguiar 
Tel.: +55 11 983 545 968 
Email: jose.aguiar@leuze.com.br 

 

Responsible sales organization for Argentina: 

 

 

Industrial Controles SRL 
Av. Belgrano  
3985 | C.A.B.A. 
Argentina | C1210AAH 

Tel.: +54 11 4883-0102/03 
Tel: +54 11 4981-3567 
Fax: +54 11 4958-1418 
Email: gerencia@industrialcontroles.com.ar   
Email: ventas@industrialcontroles.com.ar 
www.industrialcontroles.com.ar 

Sales support  Mr. Guillermo Revora 
Email: gerencia@industrialcontroles.com.ar 

 

Responsible sales organization for China: 

Standort Shenzhen 
 

 

劳易测电子贸易（深圳）有限公司 

Leuze electronic Trading (Shenzhen) Co. Ltd. 

深圳市南山区桃园路1号西海明珠大厦F座501-510室 

Xihaimingzhu Room 501-510 
No.1 Taoyuan Rd. 
Nanshan District Shenzhen 
Postcode: 518059 
P.R. China 

Tel.: +86 755 862 64909 (Central - 0) 
Fax: +86 755 862 64901 
Email: info@leuze.com.cn 
www.leuze.com.cn 

Sales support Mr, Steven Zhang 张羽 

Tel.: +86 139 2342 8786 
e-mail: Steven.Zhang@leuze.com  

Technical support Mr. Allen Li 李志豪 

Tel.: +86 159 8988 4901 
e-mail: Allen.Li@leuze.com  

German contact person Mr. Matthias Hoehl 
Tel.: +86 136 004 08 005 
e-mail: Matthias.Hoehl@leuze.com  

 

mailto:vendas%26#64;leuze.com.br
http://www.leuze.com.br/
mailto:jose.aguiar@leuze.com.br
mailto:gerencia@industrialcontroles.com.ar
mailto:gerencia@industrialcontroles.com.ar
mailto:ventas@industrialcontroles.com.ar
http://www.industrialcontroles.com.ar/
mailto:gerencia@industrialcontroles.com.ar
mailto:info@leuze.com.cn
http://www.leuze.com.cn/
mailto:Steven.Zhang@leuze.com
mailto:Allen.Li@leuze.com
mailto:Matthias.Hoehl@leuze.com
http://de.wikipedia.org/w/index.php?title=Datei:Flag_of_Brazil.svg&filetimestamp=20110820142209
http://de.wikipedia.org/w/index.php?title=Datei:Flag_of_Argentina.svg&filetimestamp=20110820142013
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Standort Beijing 
 

 

劳易测电子贸易（深圳）有限公司北京分公司 

Leuze electronic Trading (Shenzhen) Co., Ltd. Beijing  
Branch 

北京市朝阳区阜通东大街 12 号楼宝能中心 1306 室 

Rm. 1306, Baoneng Center, No. 12 Futong East St., 
Chaoyang District, Beijing 100102 P. R. China 

Tel: +86 (0)10 8440 9722/ 23/ 26 
Fax: +86 (0)10 8440 9727 
Email: info_bj@leuze.com.cn 
www.leuze.com.cn 

Sales support Mr, Xiang Lu 陆翔 

Tel.: +86 139 2047 2153 
Email: Xiang.Lu@leuze.com  

Technical support Mr. Peng Zhao 赵鹏 

Tel.: +86 139 1189 0895 
Email: Peng.Zhao@leuze.com  

Standort Shanghai 
 

 

劳易测电子贸易（深圳）有限公司上海分公司 

Leuze electronic Trading (Shenzhen) Co., Ltd. Shanghai  
Branch 

上海市虹口区大连路 1619 号骏丰国际财富广场 805 室 

Rm. 805, Junfeng International Fortune Plaza No. 1619,  
Dalian Rd., 
Hongkou District, Shanghai 200086 P. R. China 

Tel : +86 (0) 21 5508 5630 
Fax: +86 (0) 21 5508 5631 
Email: info_sh@leuze.com.cn 

Sales support  Mr, Steven Zhang 张羽 

Tel.: +86 139 2342 8786 
Email: Steven.Zhang@leuze.com  

Technical support Mr. Jeff Jia  
Tel.: +86-21-5508 5630-113 
Email: Jeff.Jia@leuze.com  

 

Standort Guangzhou 
 

 

劳易测电子贸易（深圳）有限公司广州办事处 

Leuze electronic Trading (Shenzhen) Co., Ltd.  
Guangzhou Office 

广州市越秀区环市路417号东方广场东塔602室 

Room 602, East Tower, Orient Square Building, 
No.417 Huanshi Rd, Yuexiu District, Guangzhou, 510660  
P.R. China 

Tel：+86(0)20 37619657 

Fax：+86(0)20 37619657-84 

Sales support Mr, Patrick Pan 潘墨缘 

Tel.: +86 139 0294 2342 
Email: Patrick.Pan@leuze.com  

Technical support Mr. Jay Wu 吴春炯 (auch für Foshan) 

Tel.: +86 150 1288 8250 
Email: Jay.Wu@leuze.com  

 

  

mailto:info_bj@leuze.com.cn
http://www.leuze.com.cn/
mailto:Xiang.Lu@leuze.com
mailto:Peng.Zhao@leuze.com
mailto:info_sh@leuze.com.cn
mailto:Steven.Zhang@leuze.com
mailto:Jeff.Jia@leuze.com
mailto:Patrick.Pan@leuze.com
mailto:Jay.Wu@leuze.com
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Standort Chengdu  

 

 

Technical support 
 

Mr. Martin Li 李林 

Tel.: +86 137 0909 0347 
Email: martin.li@leuze.com.cn 

 

Responsible sales organization for Australia: 

 

 

Leuze electronic Pty. Ltd. 
12 Burton Court 
Bayswater 
AU – 3153 VIC 

Tel.: +61 3 9820 4100 
Fax: +61 3 9838 2677 
Email: sales@leuze.com.au  
www.leuze.com.au  

Technical support  

Responsible sales organization for Belgium: 

 

 

Leuze electronic nv/sa 
Steenweg Buda 50 
B – 1830 Machelen  

Tel.: +32 2 253 1600 
Fax: +32 2 253 1536 
Email: info@leuze.be  
www.leuze.com.be    

Technical support  

 

Responsible sales organization for Switzerland: 

 

 

Leuze electronic AG 
Rothusstraße 5b 
CH – 6331 Hünenberg 

Tel.: +41 41 784 56 56 
Fax: +41 41 784 56 57 
Email: info@leuze.ch   
www.leuze.ch     

Technical support  

 

Responsible sales organization for Denmark: 

 

 

Leuze electronic ApS 
Gydevang 33 
DK – 3450 Allerød 

Tel.: +41 41 784 56 56 
Fax: +41 41 784 56 57 
Email: leuze@leuze.dk     
www.leuze.dk      

Technical support  

 

 

mailto:martin.li@leuze.com.cn
mailto:sales@leuze.com.au
http://www.leuze.com.au/
mailto:info@leuze.be
http://www.leuze.com.be/
mailto:info@leuze.ch
http://www.leuze.ch/
mailto:leuze@leuze.dk
http://www.leuze.dk/


 

Leuze release list Hyundai January 2019  We reserve the right to make changes 

Status: February 2019 Version 1.1  © Leuze electronic GmbH + Co. KG 7 

Responsible sales organization for Sweden: 

 

 

Leuze electronic ApS 
Sjövägen 6 

SE – 74631 Bålsta  

Tel.: +41 41 784 56 56 
Fax: +41 41 784 56 57 
Email: info@leuze.se   
www.leuze.se     

Technical support  

 

Responsible sales organization for France: 

 

 

Leuze electronic Sarl. 
Zl. Nord torcy, B.P. 62 – BAT 3 
FR – 77202 Marne la Vallée Cedex 1  

Tel.: +33 160 051 220 
Fax: +33 160 050 365 
Email: info@leuze-electronic.fr     
www.leuze-electronic.fr       

Technical support  

 

Responsible sales organization for Italy: 

 

 

Leuze electronic S.r.l. 
Via Soperga 54 
IT – 20127 Milano  

Tel.: +39 02 26 1106 43 
Fax: +39 02 26 1106 40 
Email: info@leuze.it      
www.leuze.it       

Technical support  

 

Responsible sales organization for the Netherlands: 

 

 

Leuze electronic BV 
Ringweistraat 6  
NL – 4181 CM 

Tel.: +31 418 653 544 
Fax: +31 418 653 808 
Email: sales@leuze.nl     
www.leuze.nl  

Technical support  

 

  

mailto:info@leuze.se
http://www.leuze.se/
mailto:info@leuze-electronic.fr
http://www.leuze-electronic.fr/
mailto:info@leuze.it
http://www.leuze.it/
mailto:sales@leuze.nl
http://www.leuze.nl/
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Responsible sales organization for Turkey: 

 

 

Leuze electronic San.ve.Tic.Ltd.Şti. 
Şehit Sok. No: 12  
TR – 34779 Istanbul  

Tel.: +90 216 456 6704 
Fax: +90 216 456 3650  
Email: info@leuze.com.tr         
www.leuze.com.tr       

Technical support Mr. Samet Sarikaya 
+90 216 456 6704 
Samet.Sarikaya@leuze.com  
 

 

Responsible sales organization for Great Britain: 

 

 

Leuze electronic Ltd. 
Sensor House 
Phoenix Business Park 
UK - St. Neots  

Tel.: +44 14 80 408 500 
Fax: +44 14 80 403 808 
Email: mail@leuze.co.uk      
www.leuze.co.uk        

Technical support  

 

Responsible sales organization for the USA: 

 

 

Leuze electronic Inc. - USA 
55395 Lyon Industrial Drive 
New Hudson, MI 48165 
USA  

Tel.: +1 248 486 4466 
Fax: +1 248 486 6699  
Email: info@leuzeusa.com       
www.leuzeusa.com       

Sales support Gordon Post 
Gordon.Post@leuze.com  

Technical support  

 

Responsible sales organization for Austria: 

 

 

Schmachtl GmbH 
Pummererstr. 36 
AT – 4020 Linz 

Tel.: +43 732 76 460 
Fax: +43 732 785 036  
Email: office.linz@schmachtl.at     
www.schmachtl.at        

Technical support  

 

mailto:info@leuze.com.tr
http://www.leuze.com.tr/
mailto:Samet.Sarikaya@leuze.com
mailto:mail@leuze.co.uk
http://www.leuze.co.uk/
mailto:info@leuzeusa.com
http://www.leuzeusa.com/
mailto:Gordon.Post@leuze.com
mailto:office.linz@schmachtl.at
http://www.schmachtl.at/
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Responsible sales organization for Bulgaria: 

 

 

Atics 
Studentski Grad, prof. Dimitar Dobrev Str 8 ent. A, 
Floor 3 
BG – 1700 Sofia 

Tel.: +359 2465 33 40 
Fax: +359 2465 44 79  
Email: office@atics-bg.com      
www.atics-bg.com        

Technical support  

 

 

 

Responsible sales organization for Argentina: 

 

 

Industrial Controles SRL  

Av. Belgrano 
AR – 3985  C.A.B.A. 
C1210AAH 

Tel.: +54 11 4883 0102 03 
Tel.: +54 11 4981 3567 
Fax: +54 11 4958 1418 
Email: gerencia@industiralcontroles.com.ar 
Email: ventas@industrialcontrles.com.ar       
www.industrialcontroles.com.ar        

Technical support  

Responsible sales organization for Chile: 

 

 

IMP.TEC.VIGNOLA S.A.I.C. 
Sub El Peral 25 
P.O. Box 93-V 
CL-Valparaiso 

Tel.: +56 32 221 54 300 
Email: vignoval@vignola.cl    

Technical support  

Responsible sales organization for Columbia: 

 

 

Componentes Electronicas Ltda. 
Calle 32F' 66C-7 
P.O. Box 478 
574 CO-Medellin 

Tel.: +57 4351 1049 
Fax: +57 4351 1019 
Email: compnentes@une.net.co 
www.compelect.com.co    

Technical support  

mailto:office@atics-bg.com
http://www.atics-bg.com/
mailto:gerencia@industiralcontroles.com.ar
mailto:ventas@industrialcontrles.com.ar
http://www.industrialcontroles.com.ar/
mailto:vignoval@vignola.cl
mailto:compnentes@une.net.co
http://www.compelect.com.co/
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Responsible sales organization for Croatia: 

 

 

Tipteh Zagreb d.o.o. 
Pescanska 170 
HR – 10000 Zagreb 

Tel.: +385 1 381 65 74 
Fax: +385 1 381 65 77 
Email: tipteh@tipteh.hr  

Technical support  

Responsible sales organization for Finland: 

 

 

SKS-automaatio Oy 
Martinkyläntie 50 
P.O. Box 122 
FI – 01721 Vantaa 
Estonia 

Tel.: +358 20 764 61 
Fax: +358 20 764 6820 
Email: automaatio@sks.fi  
www.sks.fi   

Technical support  

Responsible sales organization for Israel: 

 

 

Galoz electronics Ltd. 
P.O. Box 35 
IL-40850 Rosh Ha'ayin 

Tel.: +972 3 9023 456 
Fax: +972 3 9021 990 
Email: admin@galoz.co.il   
www.galoz.co.il    

Technical support  

mailto:tipteh@tipteh.hr
mailto:automaatio@sks.fi
http://www.sks.fi/
mailto:admin@galoz.co.il
http://www.galoz.co.il/
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Responsible sales organization for Lebanon: 

 

 

IES Industrial Engineering Services International 
Zouk Michael-Lebanon 
Box: zouk Michael 172 
Lebanon 

Tel.: +961 9 210 145 
Tel.: +961 3 722 810 
Fax: +961 9 210 145 
Email: service@ies-intl.com 
Email: sales@ies-intl.com  
www.ies-intl.com  

Technical support  

Responsible sales organization for Macedonia: 

 

 

Tipteh d.o.o. Skopje 
bul.PARTIZANSKI ODREDI 80 lok 5 1000 Skopje 
MK – 1000 Skopje 

Tel.: +389 70 399 474 
Fax: +389 23 174 197  
Email: aleksander.nikolic@tipteh.mk  

Technical support  

Responsible sales organization for Nigeria: 

 

 

Sabrow International Ltd. 
44 Adebisi Awosoga Street 
Cement Bus Stop, Dopemu 
Lagos 
Nigeria 

Tel.: +234 80333 86366 
Email: sab_aneke@yahoo.com 
Email: info@sabrow.com  
www.sabrow.com  

Technical support  

mailto:service@ies-intl.com
mailto:sales@ies-intl.com
http://www.ies-intl.com/
mailto:aleksander.nikolic@tipteh.mk
mailto:sab_aneke@yahoo.com
mailto:info@sabrow.com
http://www.sabrow.com/
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Responsible sales organization for Norway: 

 

 

Elteco A/S 
Floodmyrvegen 24 
NO – 3946 Porsgrunn 

Tel.: +47 35 56 20 70  
Fax: +47 35 56 20 99  
Email: firmapost@elteco.no  
www.elteco.no  

Technical support  

Responsible sales organization for Portugal: 

 

 

LA2P Lda 
Rua Teófilo Braga, 156A-Escrit. 
F-Ed. S. Domingos, Cabeco do Mouro 
PT – 2785-122 S. Domingos de Rana  
Tel.: +351 214 447 070 
Fax: +351 210 435 589 
Email: la2p@la2p.pt  
www.la2p.pt   

Technical support  

Responsible sales organization for Romania: 

 

 

O'Boyle s.r.l. 
P-ta Stefan Furtuna nr. 5 ap. 9/1 
RO – 300199 Timisoara  
Tel.: +40 2 5620 1346 
Fax: +40 2 5622 1036 
Email: office@oboyle.ro   
www.oboyle.ro   

Technical support  

mailto:firmapost@elteco.no
mailto:la2p@la2p.pt
http://www.la2p.pt/
mailto:office@oboyle.ro
http://www.oboyle.ro/
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Responsible sales organization for Czech Republic: 

 

 
 

Schmachtl CZ, spol. s.r.o. 
Vídeňská 185 
252 50 Vestec 
Czech Republic 

Tel.: +420 244 001 500 
Fax: +420 244 910 700 
Email: office@schmachtl.cz 
www.schmachtl.cz 

Technical support Mr. Jiri Lzicar 
Tel. :+ +420 725 706 450 
Email: jiri.lzicar@schmachtl.cz  

 

Responsible sales organization for Serbia: 

 

 

Tipteh d.o.o. Belgrade 
Toplice Milana 14 a 
RS – 11050 Belgrade 
Tel.: +381 11 289 2250  
Fax: +381 11 289 2250 
Email: office@tipteh.rs  
www.tipteh.rs  

Technical support  

Responsible sales organization for Slovenia: 

 

 

Tipteh d.o.o. 
Ulica Ivana Roba 21 
1000 Ljubiljana 
Slovenia 
Tel.: +386 1200 5150 
Email: info@tipteh.si  
www.tipteh.si  

Technical support  

mailto:jiri.lzicar@schmachtl.cz
mailto:office@tipteh.rs
http://www.tipteh.rs/
mailto:info@tipteh.si
http://www.tipteh.si/
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1 Change history 

Version Date Type of change Pages 

1.0 2015-06-30 Re-creation of release list All 

1.1 2019-02-12 Remove the sensors BCL 90 

Summarize the sensors BCL 500i 

Summarize the sensors BCL 300i 

Summarize the sensors MLC 500 

Add the sensors CML 700 

Add the sensors CSL 505 

Add the sensors DCR 200i 

Add the sensors DDLS 500 

Add HT10L1.3/L66-M12 

Add further accessories 

Update the internet links  

Different 

pages 
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2 Remarks 

2.1 General Information 

Leuze electronic GmbH + Co. KG assumes no liability for the currentness of this release or for 

the correctness of the technical data. 

2.2 Internet links for the technical data 

Safety light curtains  

MLC 500; MLC 520  

 

Multiple light beam safety devices 

MLD 

 

Throughbeam photoelectric sensors 

LS 95 

ILS 95 

LSE 96 

LSS 96 

 

Polarized retro-reflective photoelectric sensors 

PRK 96 

PRKL 8 

PRKL 25B 

 

Ultrasonic sensors 

VRTU 430 

 

Color sensor 

CRT 20B 

 

Inductive switches 

ISS 244 

 

https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=544041&key=3cf364e5d86b692d18e37b98a5ac5e6bb06d91365da3e95ffa23d39f1ad22d12
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=68002101&key=7e1498a82792097b04340555762ee63d56f48930ce1128570b5851a589f7a2da
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=66501100&key=2dd5c9836bbba889e4cacba21e7f0dc839d5f79cf51874e956824ad93ce84e75
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=66501100&key=2dd5c9836bbba889e4cacba21e7f0dc839d5f79cf51874e956824ad93ce84e75
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50026835&key=122f93d18877bc3d4448257e3c77adeac13c360947b63101667c5910882e1382
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50026835&key=122f93d18877bc3d4448257e3c77adeac13c360947b63101667c5910882e1382
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50026836&key=122f93d18877bc3d4448257e3c77adeac13c360947b63101667c5910882e1382
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50026836&key=122f93d18877bc3d4448257e3c77adeac13c360947b63101667c5910882e1382
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50025195&key=784b89cb7d69f2e41d3c22b7a35803cf6405539ea6566a3ddd02b8c1fa9b215d
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50025195&key=784b89cb7d69f2e41d3c22b7a35803cf6405539ea6566a3ddd02b8c1fa9b215d
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50025217&key=784b89cb7d69f2e41d3c22b7a35803cf6405539ea6566a3ddd02b8c1fa9b215d
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50035351&key=8ca5919bbc8384b755e95fd3ce5e8dd58a8a567d3f958817a7d1c6acbc5772da
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50035351&key=8ca5919bbc8384b755e95fd3ce5e8dd58a8a567d3f958817a7d1c6acbc5772da
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50036364&key=49d49d7d7750b3808add4e8c4ab391dd3e5c0580ba9fc6f528a4e16bdc3425c9
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50036364&key=49d49d7d7750b3808add4e8c4ab391dd3e5c0580ba9fc6f528a4e16bdc3425c9
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50104231&key=925a60953847b5393ea7b49807abdd4dbaeb10ef823ccd15688711ad3024ee2e
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50104231&key=925a60953847b5393ea7b49807abdd4dbaeb10ef823ccd15688711ad3024ee2e
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50036261&key=ab61c7685ac04da68fe166643a8a86a65f893a147f42fd28e086bd38eb2ca8f1
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50109601&key=f7d9fab19ea326c76194f2a6ca98f9a78a3e684f691de0cada4e23da041c0883
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50109601&key=f7d9fab19ea326c76194f2a6ca98f9a78a3e684f691de0cada4e23da041c0883
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50114215&key=17eaefb6d55f465b1c0ec975e250d78c24adb25d7ca58bb5b770e6641253239b
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50114215&key=17eaefb6d55f465b1c0ec975e250d78c24adb25d7ca58bb5b770e6641253239b
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Stationary barcode readers 

BCL 21/22 

BCL 90, BCL 301i 

BCL 500i/501i; BCL 508i 

 

Optical distance sensors 

ODSL 30; ODSL 96B 

AMS 300i; AMS 301i; AMS 304i 

 

Stationary 1D- and 2D-Code readers 

DCR 200i 

 

Optical data transmission 

DDLS 200 

DDLS 500 

 

Measuring light curtains 

CML 700 

 

Switching light curtains 

CSL 505 

  

Diffuse sensors with background suppression 

HT 10 

https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50030986&key=daeea6c917b570f8e8521a4e44af5facb76751325fc07cd194fde1ffdb56278d
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50030986&key=daeea6c917b570f8e8521a4e44af5facb76751325fc07cd194fde1ffdb56278d
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50035315&key=f564b6779d3436910e1af2f84bd31e0c5c6411bece69641397d220d93f9ded52
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50116272&key=fc2035992473e1de25accb62dcffac84112457e5a0353d639ca8f2938cb61d44
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50105453&key=5faca037a899c887bd910542969a9061da5e1fc0cccbcda522d4dbab97a91a3f
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50105507&key=22d3c8ca22cf940e3d9c56afbfda1b8c6c8525b486042e31b8afc447a9e65ba4
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50039447&key=3989943bdabe47da1b0380ea54493e7105becc72048e9c70d82b397e535c26f9
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50106593&key=08f7c7cd495ecd80d2926f144737e1234042c8637bf1f2147cb5f794899ad17c
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50113664&key=2b6c93a1a95c6c862f749d511d80de89be96633b3e802d436b68a49bdb7fcedd
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50113669&key=8093e51ff5a6056102e2e71b13536f5226fc5d5988e769732d2e72dc4dd4ff73
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50113677&key=560e80d8552b11394fa0ecee1ecc60f804400f3895eaefafe5bf0196da31579d
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50128782&key=cae902a924048fb5f679da0a53f8e2e14f9067d633f9568145bca2bb66e2e5b2
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50128782&key=cae902a924048fb5f679da0a53f8e2e14f9067d633f9568145bca2bb66e2e5b2
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50040131&key=46ee3474fe2305ae6eda913fef61fe2b639c5028c55e2b3fb90cc1c100740fbd
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50040131&key=46ee3474fe2305ae6eda913fef61fe2b639c5028c55e2b3fb90cc1c100740fbd
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50132923&key=aaf093e4999a01aec5b6b00822d470924d7fa94ddcce3182bbf0e982a8bcde85
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50132923&key=aaf093e4999a01aec5b6b00822d470924d7fa94ddcce3182bbf0e982a8bcde85
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50117787&key=6167becdeba453f6834f8db4061237ddf17be7e3ffaeb261a0fa4a66d3ef1689
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50131308&key=f474f48f042dc31982d85a49b9e3790381455e82087bbce967593b973f0db8f7
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50131308&key=f474f48f042dc31982d85a49b9e3790381455e82087bbce967593b973f0db8f7
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50128388&key=a7a53fa0b7e7df0d9f00b356d78f562ca5e11479e781f2a77116867df375fa1d
https://www.leuze.com/selector/ci_pages/downloads.php?supplier_aid=50128388&key=a7a53fa0b7e7df0d9f00b356d78f562ca5e11479e781f2a77116867df375fa1d
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3 Overview 

3.1 Safety light curtains 

Safety light curtains MLC 5xx 

Part no. Article description 

MLC 500 

 

 

*(depending on length and 
resolution) 

Safety light curtain transmitter, Type 4 

Resolution: 14mm, 20mm, 30mm, 40mm, 90mm 

Connection: M12 5 pin 

Length: 150 – 3000 mm 

Protection class: IP65 

Operating temperature: -30C° … +55C° 

Operating range: 0-6 m … 0-20 m 

 

Safety light curtains MLC 5xx 

Part no. Article description 

MLC 510 

 

 

*(depending on length and 
resolution) 

Safety light curtain receicer, Type 4 

Resolution: 14mm, 20mm, 30mm, 40mm, 90mm 

Connection: M12 5 pin 

Length: 150 – 3000 mm 

Functions: Automatic start/restart 

                  Transmission channel changeover 

Interfaces: OSSD (max. 380mA), AS-i 

Max. Cable length: 100m 

Protection class: IP 65 

Operating temperature:– 30C° … 55C° 

Operating range: 0-6m … 0-20m 
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Safety light curtains MLC 5xx 

Part no. Article description 

MLC 520 

 

 

*(depending on length and 
resolution) 

Safety light curtain receiver, Type 4 

Resolution: 14mm, 20mm, 30mm, 40mm, 90mm 

Connection: M12 8 pin 

Length: 150 – 3000 mm 

Functions:   Automatic start/restart 

                    Contactor monitoring (EDM)  

                    Transmission channel changeover 

Interfaces: OSSD (max. 380mA) 

Max. Cable length: 100m 

Protection class: IP65 

Operating temperature:– 30C° … 55C° 

Operating range: 0-6m … 0-20m 
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Safety light curtains MLC 5xx 

Part no. Article description 

MLC 530 

 

 

*(depending on length and 
resolution) 

Safety light curtain receiver, Type 4 

Resolution: 30mm, 40mm, 90mm 

Connection: M12 8 pin 

Length: 150 – 3000 mm 

Functions: Smart Process Gating 

                    Blanking 

                    Start/restart interlock 

                    Contactor monitoring  (EDM)  

                    Transmission channel changeover 

Interfaces: OSSD (max. 380mA) 

Max. Cable length: 100m 

Protection class: IP65 

Operating temperature:– 30C° … 55C° 

Operating range: 0-6m bis 0-20m 
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3.2 Switching Light Curtains 

Switching Light Curtains CSL 505  

Part no. Article description 

CSL 505 

188 different types available * 

  

*(depending on length and 
beam spacing) 

Operating range: 0,3 m … 5 m 

Beam spacing: 5 mm … 100 mm 

Measurement field length: 35 mm … 3150 mm 

Operating temperature: -30°C b…is 50°C 

Interfaces: Switching outputs Transistor, Push-Pull 

Type of connection: M8 

Protection class: IP 65 
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3.3 Measuring Light Curtains 

Measuring Light Curtains 

Part no. Article description 

CML 700 

1000 different types available 

* 

  

 CML 720i 

Standard types, operating 

range till 6m 

 CML 730 

Operating range till 9m, 

Detection of transparent 

objects till 3,5m 

*(depending on length, beam 
spacing, interfaces) 

Operating range: 
0,1 … 3,5 m (CML 720) 
0,3 … 9,5 m (CML 730) 

Beam spacing: 5 mm … 40 mm 

Measurement field length: 160 mm … 2960 mm 

Operating temperature: -30°C … 60°C 

Interfaces: CANopen, IO-Link, Profibus DP, Profinet, RS 485, 
analog output 

Type of connection: M12 

Protection class: IP 65 
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3.4 Multiple light beam safety devices 

Multiple light beam safety devices MLD 5xx 

Part no. Article Article description 

66501200 MLD500-T3 

 

Typ: 4, IEC/EN 61496 
SIL: 3, IEC 61508 
Operating range: 0,5 ... 50 m 
Number of beams: 3 pcs 
Beam spacing: 400 mm 
Connection: Connector, M12, metal 
Number of Pins: 5 pcs 

66533200 MLD510-R3 

 

Typ: 4, IEC/EN 61496 
SIL: 3, IEC 61508 
Performance Level (PL): e, EN ISO 13849-1 
Category: 4, EN ISO 13849 
Number of beams: 3 pcs 
Beam spacing: 400 mm 
Response time: 25 ms 
Connection: Connector, M12, metal 
Number of Pins:  5 pcs 

 

  

http://www.leuze.de/de/deutschland/produkte/selector.php?supplier_aid=66578200&grp_id=1395305391980&lang=deu
http://www.leuze.de/de/deutschland/produkte/selector.php?supplier_aid=66578200&grp_id=1395305391980&lang=deu
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3.5 Throughbeam Photoelectric Sensors 

Throughbeam Photoelectric Sensors SR 95 

Part no. Article Article description 

50026835 LS 95/2.8 SE-
L.1 

 

Operating range limit: 0 ... 20 m 
Light source: LED, infrared 
Supply voltage: 10 ... 30 V, DC 
Connection: Connector, M12, stainless steel 
Number of pins: 4 pcs 
Design, housing: cubic 
Dimensions: 17 mm x 66 mm x 35 mm 
Housing material: metal 
Protection class: IP 67 
Special design: Activation input 

50026836 ILS 95/44 E-L.1 

 

Switching frequency: 1.000 Hz 
Supply voltage: 10 ... 30 V, DC 
Number of digital outputs: 3 pcs 
Digital output 1: Transistor, PNP, light switching 
Digital output 2: Transistor, PNP, dark switching 
Digital output 3: Transistor, PNP, UB switching 
Connection: Connector, M12, stainless steel 
Number of Pins: 5 pcs 
Design, housing: cubic 
Dimensions: 17 mm x 66 mm x 35 mm 
Housing material: metal 
Protection class: IP 67 
Special design: Warning output 

 

Throughbeam Photoelectric Sensors SR 96 

Part no. Article Article description 

50034128 LSE 96M/P-
3010-41 

 

Switching frequency: 500 Hz 
Supply voltage: 10 ... 30 V, DC 
Number of digital outputs: 2 pcs 
Digital output 1: Transistor, PNP, light switching 
Digital output 2: Transistor, PNP, dark switching 
Connection: Connector, M12, metal 
Number of pins: 4 pcs 
Design, housing: cubic 
Dimensions: 30 mm x 90 mm x 70 mm 
Housing material: metal 
Operational controls: 270°-Potentiometer 
Protection class: IP 67 
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Throughbeam Photoelectric Sensors SR 96 

Part no. Article Article description 

50032003 LSE 96M/R-
176W-25 

 

Switching frequency: 20 Hz 
Supply voltage: 20 ... 230 V, AC/DC 
Number of digital outputs: 1 St. 
Digital output 1: Relay, NC contact/NO contact, light switching 
Connection: Terminal 
Number of pins: 5 pcs 
Design, housing: cubic 
Dimensions: 30 mm x 90 mm x 70 mm 
Housing material: metal 
Operational controls: 270°-Potentiometer 
Protection class: IP 67 

50031651 LSE 96M/R-
3310-25 

 

Switching frequency: 20 Hz 
Supply voltage: 20 ... 230 V, AC/DC 
Number of digital outputs: 2 St. 
Digital output 1: Relay, NC contact/NO contact, light switching 
Digital output 2: Relay, dark switching 
Connection: Terminal 
Number of pins: 5 pcs 
Design, housing: cubic 
Dimensions: 30 mm x 90 mm x 70 mm 
Housing material: metal 
Opterational control: 270°-Potentiometer 
Protection class: IP 67 

50025228 LSS 96M-1070-
43 

 

Light source: LED, infrared 
Supply voltage: 10 ... 30 V, DC 
Connection: Connector, M12, metal 
Number of pins: 4 pcs 
Design, housing: cubic 
Dimensions: 30 mm x 90 mm x 70 mm 
Housing material: metal 
Protection class: IP 67 

50032004 LSS 96M-
175W-26 

 

Operating range limit: 0 ... 39 m 
Light source: LED, red 
Supply voltage: 20 ... 230 V, AC/DC 
Connection: Terminal 
Number of pins: 2 pcs 
Design, housing: cubic 
Dimensions: 30 mm x 90 mm x 70 mm 
Housing material: metal 
Protection class: IP 67 
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3.6 Polarized retro-reflective photoelectric sensors 

Polarized retro-reflective photoelectric sensors PRK und PRKL 

Part no. Article Article description 

50035351 PRK 96K/R-
3428-25 

 

Operating range limit: 0,1 ... 24 m 
Light source: LED, red 
Switching frequency: 20 Hz 
Supply voltage: 20 ... 230 V, AC/DC 
Number of digital outputs: 1 St. 
Digital output 1: Relay, NC contact/NO contact, light switching 
Connection: Terminal 
Number of pins: 5 pcs 
Design, housing: cubic 
Dimensions: 30 mm x 90 mm x 70 mm 
Housing material: Plastic 
Operational control: 270°-Potentiometer 
Protection class: IP 67 

50036364 PRKL 8/24.91-
S12 

 

Operating range limit: 0 ... 21 m 
Light source: Laser, red 
Laser protection class: 2 
Switching frequency: 2.800 Hz 
Supply voltage: 10 ... 30 V, DC 
Number of digital outputs: 2 St. 
Digital output 1: Transistor, PNP, light switching 
Digital output 2: Transistor, NPN, dark switching 
Connection: Connector, M12, metal 
Number of pins: 5 pcs 
Design, housing: cubic 
Dimensions: 15 mm x 48 mm x 38 mm 
Housing material: metal 
Operational control: Multiturn potentiometer 
Protection class: IP 67, IP 69K 
Special design: autocollimation 
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3.7 Diffuse sensors with background suppression 

Diffuse sensors with background suppression 

Part no. Article Article description 

50129540 

 

HT10L1.3/L66-

M12 

 

Operating range: 0,05 ... 3,5 m 
Light source: Laser, red 
Laser protection class: 1 
Switching frequency: 40 Hz 
Supply voltage: 18 ... 30 V, DC 
Number of outputs: 3 pcs 
output 1: Transistor, Push-Pull                                                       
output 2: Transistor, Push-Pull 
output 3: Transistor, Push-Pull 
Connection: Connector, M12, Plastic 
Number of pins: 5 pcs 
Design, housing: cubic 
Dimensions: 25 mm x 65 mm x 55 mm 
Protection class: IP 67 
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3.8 Inductive switches 

Inductive switches IS 244 

Part no. Article Article description 

50114213 ISS 244PP/44-
20E-TB.4 

 

Typ. operating range limit Sn: 20 mm 
Operating range Sa: 0 ... 16,2 mm 
Switching frequency: 150 Hz 
Supply voltage: 10 ... 30 V, DC 
Number of digital outputs: 2 St. 
Digital output 1: Transistor, PNP, Normally open (NO) 
Digital output 2: Transistor, PNP, Normally closed (NC) 
Connection: Terminal 
Number of pins: 4 pcs 
Design, housing: cubic 
Dimensions: 40 mm x 40 mm x 118 mm 
Type of installation: Embedded                                                            
Housing material: Plastic  
Certifications: CE, c UL US 

50114214 ISS 244PP/44-
40N-TB.4 

 

Typ. operating range limit Sn: 40 mm 
Operating range Sa: 0 ... 32,4 mm 
Switching frequency: 150 Hz 
Supply voltage: 10 ... 30 V, DC                                                     
Number of digital outputs: 2 St. 
Digital output 1: Transistor, PNP, Normally open (NO) 
Digital output 2: Transistor, PNP, Normally closed (NC) 
Connection: Terminal 
Number of pins: 4 pcs 
Design, housing: cubic 
Dimensions: 40 mm x 40 mm x 118 mm 
Type of installation: non-embedded 
Housing material: Plastic 
Certifications: CE, c UL US 
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3.9 Stationary barcode reader 

Stationary barcode reader BCL 2x 

Part no. Article Article description 

50032047 BCL 21 S M 310 

 

Scanning rate, typical: 1.000 scans/s 
Reading distance: 50 ... 260 mm 
Reading method: Line scanner with deflecting mirror 
Light beam exit: Lateral with deflecting mirror 
Supply voltage: 10 ... 30 V, DC 
Number of digital outputs: 1 St. 
Type of interface: RS 485 
Type of display: LED 
Ambient temperature, operation: 0 ... 40 °C 
Certifications: c UL US 
Functions: AutoConfig, Alignment mode, Reference code 
comparison, Reading gate control, I/O, LED indicator, Multiple 
read / MultiScan 

50032114 BCL 22 R1 F 
210 

 

Scanning rate, typical: 800 scans/s 
Reading distance: 80 ... 450 mm 
Reading method: Raster scanner with deflecting mirror 
Light beam exit: Lateral with deflecting mirror 
Supply voltage: 10 ... 30 V, DC 
Number of digital outputs: 2 St. 
Type of interface: RS 232 
Type of display: LED 
Ambient temperature, operation: 0 ... 40 °C 
Certifications: CDRH, c UL US, CE 
Functions: AutoConfig, Justage Mode, Reference code 
comparison, Reading gate control, I/O, multiple reading / 
Multiscan, LED-display 
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Stationary barcode reader BCL 3xx 

Part no. Article description 

BCL 3xxi 

442 different types available* 

 

 

*(depending on interface, 

reading method and version) 

Beam exit: front / Line, side / Oscillating-mirror, Deflecting 

mirror / side 

Typical Scanning rate: 1.000 Scans/s 

Reading distance min. / max (depending on modul size): 50 – 

680 mm 

Min. modul size: 0,127 mm 

Operating temperature (without heating): 0 … 40°C 

Operating temperature (with heating): -35 … 40°C 

Interfaces: PROFIBUS, PROFINET IO/RT, Ethernet TCP/IP, 

UDP, Ethernet IP, EtherCAT, multinet, RS 232, RS 422, RS 

485 

Type of connection: Plug connector 

Protection class: IP 65 
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Stationary barcode reader BCL 5xx 

Part no. Article description 

BCL 5xxi 

124 different types 

available* 

 

 

*(depending on interface, 

reading method and version) 

Beam exit: front / Line, side / Oscillating-mirror 

Typical Scanning rate: 800 / 1.000 Scans/s 

Reading distance min. / max (depending on modul size): 200 – 

2.400mm 

Min. modul size: 0,25 mm 

Operating temperature (without heating): 0 … 40°C 

Operating temperature (with heating): -30 … 40°C 

Interfaces: PROFIBUS, PROFINET IO/RT, Ethernet TCP/IP, UDP, 

Ethernet IP, EtherCAT, Multinet, RS 232, RS 422, RS 485 

Type of connection: M12 

Protections class: IP 65 
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Accessoires barcode readers 

Part no. Article Article description 

50027375 BT 56 

 

Suitable for: BCL 5xxi series bar code readers, LSIS 4xxi series 
stationary 2D-code readers, BCL 3xxi series bar code readers, 
BCL 3xxi series bar code reader, deflecting mirror, BPS 300i 
series bar code positioning system, LxS light section sensors 
Type of fastening, at system: For 16 mm rod, For 18 mm rod, 
For 20 mm rod 
Type of fastening, at device: Clampable 
Material: metal 
Tightening torque of the clamping jaws: 8 N·m 
Functions: Static applications 

50121435 BT 56-1 

 

Suitable for: BCL 3xxi series bar code readers, BCL 5xxi series 
bar code readers, LSIS 4xxi series stationary 2D-code readers, 
BPS 300i series bar code positioning system, LxS light section 
sensors, BCL 3xxi series bar code readers 
Type of fastening, at system: For 12 mm rod, For 14 mm rod, 
For 16 mm rod 
Type of fastening, at device: Clampable 
Material: metal 
Tightening torque of the clamping jaws: 8 N·m 
Functions: Static applications 
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3.10 Stationary 1D- und 2D-Code readers 

Stationary 1D- und 2D-Code readers DCR 200i 

Part no. Article description 

DCR 2xxi 

56 different types available* 

  

 

*(depending on interface, 

housing, optic) 

Reading distance: 40 – 800 mm (depending on optic)  

Min. modul size: 0,1 mm 

Operating temperature (without heating): 0 … 50°C 

Operating temperature (with heating): -30 … 50°C 

Interfaces: PROFINET IO/RT, Ethernet TCP/IP, UDP, RS 232, 

RS 422  

Type of connection: M12 

Protection class: IP 65 

 

 

3.11 Optical distance sensors 

Optical distance sensors ODSL 

Part no. Article Article description 

50040720 ODSL 30/24-
30M-S12 

 

Type of scanning system: Against object 
Light source: Laser, red 
Light spot size: 6 mm 
Measurement range: 0 ... 30.000 mm 
Geometric resolution: 1,0 mm 
Supply voltage: 10 ... 30 V, DC 
Number of digital outputs: 3 St. 
Connection: Connector, M12 
Number of pins: 8 St. 
Operational controls: Membrane keyboard, LC-Display 
Delivery includes: 
Mounting bracket 
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Optical distance sensors ODSL 

Part no. Article Article description 

50041203 ODSL 30/D232-
30M-S12 

 

Type of scanning system: Against object 
Light source: Laser, red 
Light spot size: 6 mm 
Measurement range: 0 ... 65.000 mm 
Geometric resolution: 1,0 mm 
Supply voltage: 10 ... 30 V, DC 
Number of digital outputs: 2 St. 
Type of interface: RS 232 
Connection: Connector, M12 
Number of pins: 8 pcs 
Operational controls: Membrane keyboard, LC-Display 
Delivery includes: 
Mounting bracket 

50106729 ODSL 96B 
M/V6.S-800-
S12 

 

Type of scanning system: Against object 
Light source: Laser, red 
Light spot size: 1 mm 
Measurement range: 150 ... 800 mm 
Geometric resolution: 0,1 ... 0,8 mm 
Measurement accuracy: 1,5 % 
Supply voltage: 18 ... 30 V, DC 
Number of analog outputs: 1 pcs 
Number of digital outputs: 1 pcs 
Output: Voltage 
Connection: Connector, M12 
Number of pins: 5 pcs 
Operational controls: Membrane keyboard, PC-Software 
Special design: small light spot (S) 

50101882 ODSL 96K/66-
2300-S12 

 

Type of scanning system: Against object 
Light source: Laser, red 
Light spot size: 3 mm x 8 mm 
Measurement range: 150 ... 2.300 mm 
Geometric resolution: 1,0 ... 5,0 mm 
Measurement accuracy: 3 % 
Supply voltage: 10 ... 30 V, DC 
Number of digital outputs: 2 pcs 
Connection: Connector, M12 
Number of pins: 5 pcs 
Operational controls: Teach button 
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Optical distance sensors AMS 3xx 

Part no. Article Article description 

50113661 AMS 300i-40 

 

Light source: Laser 
Measurement range: 200 ... 40.000 mm 
Absolute measurement accuracy: 2 mm 
Reproducibility (1 Sigma): 0,3 mm 
Max. traverse rate: 10 m/s 
Supply voltage: 18 ... 30 V, DC 
Type of interface: RS 232, RS 422 
Connection: Connector, M12 
Housing material: metal 
Type of dispaly: LC-Display, LED 
Ambiente temperature, operation: -5 ... 50 °C 
Protection class: IP 65 
NOTE: Reflective type must be ordered separately 

50113678 AMS 304i 120 

 

Light source: Laser 
Measurement range: 200 ... 120.000 mm 
Absolute measurement accuracy: 2 mm 
Reproducibility (1 Sigma): 0,5 mm 
Max. traverse rate: 10 m/s 
Supply voltage: 18 ... 30 V, DC 
Type of interface: PROFIBUS DP, SSI 
Connection: Connector, M12 
Housing material: Metall 
Type of display: LC-Display, LED 
Ambiente temperature, operation: -5 ... 50 °C 
Protection class: IP 65 
NOTE: Reflective type must be ordered separately 

50113662 AMS 300i 120 

 

Light source: Laser 
Measurement range: 200 ... 120.000 mm 
Absolute measurement accuracy: 2 mm 
Reproducibility (1 Sigma): 0,5 mm 
Max. traverse rate: 10 m/s 
Supply voltage: 18 ... 30 V, DC 
Type of interface: RS 232, RS 422 
Connection: Connector, M12 
Housing material: metal 
Type of display: LC-Display, LED 
Ambiente temperautre, operation: -5 ... 50 °C 
Protection class: IP 65 
NOTE: Reflective type must be ordered separately 
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Optical distance sensors AMS 3xx 

Part no. Article Article description 

50113663 AMS 300i 200 

 

Light source: Laser 
Measurement range: 200 ... 200.000 mm 
Absolute measurement accuracy: 3 mm 
Reproducibility (1 Sigma): 0,7 mm 
Max. traverse rate: 10 m/s 
Supply voltage: 18 ... 30 V, DC 
Type of interface: RS 232, RS 422 
Connection: Connector, M12 
Housing material: metal 
Type of display: LC-Display, LED 
Ambient temperature, operation: -5 ... 50 °C 
Protection class: IP 65 
NOTE: Reflective type must be ordered separately 

50113669 AMS 301i 40 

 

Light source: Laser 
Measurement range: 200 ... 40.000 mm 
Absolute measurement accuracy: 2 mm 
Reproducibility (1 Sigma): 0,3 mm 
Max. traverse rate: 10 m/s 
Supply voltage: 18 ... 30 V, DC 
Type of interface: RS 485 
Connection: Connector, M12 
Housing material: metal 
Type of display: LC-Display, LED 
Ambient temperature, operation: -5 ... 50 °C 
Protection class: IP 65 
NOTE: Reflective type must be ordered separately 
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3.12 Optical data transmission 

Optical data transmission DDLS 2xx 

Part no. Article Article description 

50036290 DDLS 
200/120.1-20 

 

Working range: 200 ... 120.000 mm 
Usable opening angle, transmitter: 1 ° 
Supply voltage: 18 ... 30 V, DC 
Type of interface: RS 422, Interbus-S 
Interbus-S, transmission speed: 2 Mbit/s 
Connection: Terminal, M16 
Ambient temperature, operation: -5 ... 50 °C 
Protection class: IP 65 

50036291 DDLS 
200/120.2-20 

 

Working range: 200 ... 120.000 mm 
Usable opening angle, transmitter: 1                                                
Supply voltage: 18 ... 30 V, DC 
Type of interface: RS 422, Interbus-S 
Interbus-S, transmission speed: 2 Mbit/s 
Connection: Terminal, M16 
Ambient temperature, operation: -5 ... 50 °C 
Protection class: IP 65 

50039937 DDLS 
200/120.1-50 

 

Working range: 200 ... 120.000 mm 
Useable opening angle, transmitter: 1 ° 
Supply voltage: 18 ... 30 V, DC 
Type of interface: CANopen, DeviceNet 
CANopen, transmission speed: 10 ... 1.000 
DeviceNet, transmission speed: 125 ... 500 kBit/s 
Connection: Terminal, M16 
Ambient temperature, operation: -5 ... 50 °C 
Protection class: IP 65 

50039938 DDLS 
200/120.2-50 

 

Working range: 200 ... 120.000 mm 
Usable opening angle, transmitter: 1 ° 
Supply voltage: 18 ... 30 V, DC 
Type of interface: CANopen, DeviceNet 
CANopen, transmission speed: 10 ... 1.000 
DeviceNet, transmission speed: 125 ... 500 kBit/s 
Connection: Terminal, M16 
Ambient temperature, operation: -5 ... 50 °C 
Protection class: IP 65 
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Optical data transmission DDLS 2xx 

Part no. Article Article description 

50039704 DDLS 200/30.1-
10-W 

 

Working range: 200 ... 30.000 mm 
Usable opening angle, transmitter: 3 ° 
Supply voltage: 18 ... 30 V, DC 
Type of interface: PROFIBUS DP, RS 485 
Profibus DP, transmission speed: 0,0096 ... 1,5 Mbps 
Connection: Terminal, M16 
Ambiente temperature, operations: -5 ... 50 °C 
Protection class: IP 65 
Special design: Wide angle version 

50039705 DDLS 200/30.2-
10-W 

 

Working range: 200 ... 30.000 mm 
Usable opening angle, transmitter: 3 ° 
Supply voltage: 18 ... 30 V, DC 
Type of interface: PROFIBUS DP, RS 485 
Profibus DP, transmission speed: 0,0096 ... 1,5 Mbps 
Connection: Terminal, M16 
Ambiente temperature, operation: -5 ... 50 °C 
Protection class: IP 65 
Special design: Wide angle version 

 

Optical data transmission for Industrial Ethernet DDLS 500(i) 

Part no. Article description 

DDLS 500(i) 

128 different types available* 

  

 

*depending on Option 

 

Transmission speed:100 Mbit/s 

Parallel transmission of different Ethernet protocols 

Working range: 0,1m … 200m 

Metal housing with protective glass in front of the optic 

Integrated alignment device 

Power LED for diagnosis from big distance 

Display of the devices status over integrated panel  

Protection class: IP67 

*Options 

- Integrated laser pointer for easy mounting 
- Integrated webserver for remote diagnosis 
- DDLS 500 as Profinet Participant/Slave 
- DDLS 500 for the transmission of EtherCAT 
- Integrated heating for operating temperatures till -35°C 
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3.13 Accessories 

Accessories 

Part no. Article Article description 

580025 ASM1E/2-01

 

SIL: 3, IEC 61508 
Performance Level (PL): e, EN ISO 13849-1 
Category: 4, EN ISO 13849 
STOP Category: 0 und 1, IEC/EN 60204-1 
Supply voltage: 24 V, DC, -15 ... 15 % 
Number of safety outputs (OSSDs): 2 pcs 
Dimensions: 45 mm x 105 mm x 120 mm 
Type of configuration: Software, Teach-in 
Certifications: AS-i, CE, c TÜV Rheinland US, TÜV Rheinland, 
c UL US 
Functions: Service button for manual error unlocking and 
automatic device swap-out of the safe AS-i slaves, Status LED 
display for AS-Interface communication, OSSD, start/restart 
interlock, protective mode, errors, System signal output, 
Programmable logic operators, system statuses, STOP 0 / 
STOP 1, Start/restart interlock (RES), selectable, Dynamic 
contactor monitoring (EDM), selectable, Monitoring modules 
with contact-simultaneity monitoring, Activation/deactivation of 
function modules, Support of AS-Interface A/B technology, 
Diagnostics data transfer via AS-Interface, Error unlocking via 
AS-Interface, Monitoring modules with contact bounce filter, 
Programmable logic operators, FLIP-FLOP, Programmable 
logic operators, switch on/off delay 
Number of configurable function modules: 48 pcs 

50038538 KD 02-5-BA Suitable for interfaces: PROFIBUS DP, MultiNet Plus 
Connection: Connector, M12, axial, female 
Number of pins: 5 St. 
Connector, Coding: B-Coded 

50020501 KD 095-5A Connection: Connector, M12, axial, female 
Number of pins: 5 St. 
Connector, Coding: A-Coded 

50040155 KS 095-4A Connection: Connecter, M12, axial, male 
Number of pins: 4 St. 
Connector, Coding: A-Coded 

429087 CB-M12-5000-
5GF 

Connection 1: Connecter, M12, axial, female 
Number of pins: 5 St. 
Connector, Coding: A-Coded 
Connection 2: open end 
Shielded: No 
Cable length: 5.000 mm 
Sheathing material: PUR 
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Accessories 

Part no. Article Article description 

429046 BT-2R1 Set mounting brackets 

Contains: 2x BT-R swivel mount, 1 cylinder for mounting on the 
light curtain 

Suitable for Safety light curtains MLC 500, MLC 300, Light 
curtains CML700i, Safety light curtains MLC 500, MLC 300 

50109834 KDS BUS OUT 

M12-T-5P 
Adapter 

Suitable for interfaces: MultiNet Plus, PROFIBUS DP 

50038539 TS 02-4-SA Terminator plug 

Suitable for interfaces: MultiNet Plus, PROFIBUS DP 

50038538 KD 02-5-BA 
Connector 

Suitable for interfaces: MultiNet Plus, PROFIBUS DP 

50130851 
KD U-M8-4A-

V1-100 

Connection 1: Connector, M8, axial, female 
Number of pins: 4 St. 
Connection 2: Open end 
Shielded: NO 
Cable length: 10.000 mm 
Sheathing material: PVC 

50131460 Cover DCR 

200i-P 
Cover hood 

Suitable for stationary 2D-Codereaders Serie DCR 200i 

50132150 BTU 320M-D12 
Mounting system 

Contains 4 pcs screws M4 x 6 

Suitable for stationary 2D-Codereaders DCR 200i 

50134943 KD S-M12-CW-

P1-050 
Connection 1: Connector, M12, angled, female 
Number of pins: 12 St. 
Coding: A-Coded 
Connection 2: Open end                                                         
Shielded: Yes 
Cable length: 5.000 mm 
Sheathing material: PUR 

 


